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NOTES:

   1. SUBSTRATE MATERIAL: 
            BOROFLOAT®

   2. COATING (APPLY ACROSS CLEAR APERTURE)

S1: VIS Laser
      R(avg) >99% @ 400 - 700nm @ 0º - 45º ANGLE OF INCIDINCE
      DAMAGE THRESHOLD (PULSED): 1 J/cm² @ 10ns
      DAMAGE THRESHOLD (CW): 500 kW/cm² @ 355nm
      DURABILITY: MIL-M-13508-C
S2: NONE

 3.   FINE GROUND SURFACE

    4. RoHS COMPLIANT

REV. A S1 S2
SHAPE PLANO PLANO
CLEAR APERTURE (%) >80 N/A
SURFACE QUALITY 20-10 N/A
SURFACE FLATNESS λ/20 N/A
BEVEL PROTECTIVE AS NEEDED PROTECTIVE AS NEEDED 45754

12.7mm Dia. VIS, Precision Broadband 
Laser Mirror
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